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	Question: What are the encoder cable electrical specifications for greater than 20m?

	Product(s):	Sigma 2, 3, 5, 7 series encoder cable
	[bookmark: _GoBack]Doc. No. SRV-83O72Q



Specifications are detailed in the image below.  The cable is available by the meter by ordering part number: UL20276-SB
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T/20276-SB Cable for Encoder distance >20m (50m max)
Yaskawa P/N UL20276-SB

Conductors:

A: 16 AWG, heat-proof vinyl insulation, black

B: 16 AWG, heat-proof vinyl insulation, red

C/D: 26 AWG Twisted-pair, orange & orange/white
EJF: 26 AWG Twisted-pair, blue & blue/white

Tin-plated annealed steel wire braid

Heat-proof flexible vinyl sheath, black, 0.9mm thick

Electrical Specs:

Resistance:
A/B: 14.3 O/km @ 20°C
C-F: 140 Q/km @ 20°C

Test Voltage:
All conductors: 350VAC test voltage for 1 min.

Insulation Resistance:
All conductors: Insulation resistance 10 MQ+km, 20 °C

Capacitance: Approx 120pF/m
Inductance: Approx 0.9uH/m

For a 50m cable:

Resistance: A/B=0.715Q @ 20°C
C-F:7Q@20°C

Capacitance: 6 nF

Inductance: 45 uH





image2.gif
YASKAWA




