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Detail A

Top mounting hole dimensions
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(4) Mounting Holes

for M8 [5/16"] Screws.

See Detail A for top

mounting hole dimensions.

INT EXT TOT

460 TO 4804093□□□

□ denotes A-Z

INT=Internal Components

EXT=External Heatsink

TOT=Total
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Note: Spreader bar
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Cooling fan location
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□ Denotes A-Z

Note: Refer to applicable codes and standards for proper wire type and size.

TERMINAL

SCREW

TERMINAL

SYMBOL

CLAMPING TORQUE

N.m. (lb.in.)

2

WIRE RANGE

AWG (mm )

C/C:

SPBC-

4093□□□

R/L1, S/L2, +4, +5, -, +1

M8
9.0 - 11.0 (79.7 - 97.4)

See Note
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10 [0.39] 5xP36=180 [7.09]

86.1 [3.39] 8×P5=40 [1.57]

25 [0.99]

7×P5=35 [1.38]

Grounding Terminals

with M8 Screws

Slot(-)/Hex head

(WAF: 13mm) combo

Main Terminals

with M10 Screws

Hex head (WAF: 17mm)

Control Terminals

Slot(-) Screws
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Minimum Installation Clearances
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Air
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Panel Cutout

For External Heatsink Mounting Configuration
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(4) - M8 [5/16"]

Tapped Hole

Notes:

   Exposed heatsink minimum clearance D = 191 [7.51].
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