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OPTIONAL CAPACITOR COVER

[258]

WHEN USING AN EXTERNAL MOUNT HEATSINK, UL COMPLIANCE
REQUIRES COVERING EXPOSED CAPACITORS IN THE MAIN
CIRCUIT TO PREVENT INJURY. CONSULT MANUAL FOR DETAILS.

MODEL #
CIMR-ZU

INPUT
TYPE

VOLTAGE
3-PHASE
(VAC)

OUTPUT
CURRENT (A)

WEIGHT
LBS (Kg)

HEAT LOSS (W)
(Fc=2kHz)

INT | EXT | TOT

0.3 4TO058AXX | 12 PULSE

380/480

58.

0 44.0 (20)

197 | 453 | 650

[7.7] NOTE:

XX DENOTES AA-ZZ

INT=INTERNAL COMPONENTS
EXT=EXTERNAL HEATSINK
TOT=TOTAL
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TERMINAL AND WIRING DETAILS (SCALE 1:6)
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(2) GROUND
TERMINALS
M? TERMINAL AND WIRE SPECIFICATIONS FOR
o MAIN CIRCUIT AND GROUND
MODEL # TERMINAL TERMINAL| CLAMPING TORQUE | WIRE RANGE
CIMR-ZU SYMBOL SCREW Ib.in.(N.m.) AWG(mn? )
o ; RIL1, S/L2, TIL3
o R1/L11, S1/L21, T/L31 M8 79.7TO97.4 (9 TO 11) |10-1/0 (5.3-53.5)
4T0058A UITA, VIT2, WIT3
8.46 B1, B2 M4 10.6 (1.2) 22-10 (0.3-5.3)
[215] ) M8 79.7 TO 97.4 (9 TO 11) SEE NOTE
8.75 0.21 NOTE: REFER TO APPLICABLE CODES FOR PROPER WIRE TYPE AND SIZE
[222.2] 15.3]
SECTION B-B
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MINIMUM INSTALLATION CLEARANCES (SCALE 1:10)
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PANEL CUTOUT FOR EXTERNAL HEATSINK
MOUNTING CONFIGURATION (SCALE 1:8)
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