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MotionSuite™ MP930 Multi-Axis Machine Controller
Selection List

Motion Control
Marketing Information No. 98004
Date: 7/27/98

G-MI#98004-MP930

MP930 + I/O350 + SGD-¨¨¨¨¨¨N + SGM/SGMP SELECTION LIST

Description Part Number
Item 
Class
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a
MP930 Machine Controller
24 Volt DC, 1.0 Amp

JEPMC-MC350 Stock

b
RS-232 programming cable
MP930 to PC, cable for MotionWorks™, 2.5 
meters

JEPMC-W5311-03 Stock

c
I/O350 Module for MP930
24 Volt DC, 0.5 Amp, 64 inputs / 64 outputs

JEPMC-IO350 Stock

d
Network cable 1
MP930 to I/O module, 0.3 meters

JEPMC-W6000-A3 Stock

e
I/O cable
I/O connector with 1 meter cable

JEPMC-W5410-10 Stock

f
Network cable 2
I/O module to drive network, 1 meter

JEPMC-W6010-01 Stock
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g Sigma Servo Motor SGM / SGMP-¨¨¨¨¨¨ Stock

h
Sigma amp with network interface connection
(30W, 50W, 100W, 200W, 400W, 750W)

SGD-¨¨¨N Stock

i
Prewired 1CN, Servopack I/O with 1 meter pigtail
Network Sigma product, 1 per Servopack

DE9411355 Stock

j Motor Power Cable (no brake) DP9320081-¨ Stock
j Motor Power Cable (with brake) DP9320083-¨ Stock
k Motor Feedback Cable INC:DP9320089-¨   ABS:DP9320088-¨ Stock

l
Network Servopack Mating Connector
MR Connector for Sigma, 1 per ServoPack

DE9411357 Stock

m
Network Cable Wire
Wire to make network cables, 10 meters

DE9411358-1 Stock

n Analog Monitor Cable DE9404559 Stock
o Regenerative Unit JUSP-RG08C Stock
p Absolute Encoder Backup Battery ER6VC3 (3.6V) Stock
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MP930 + I/O350 + SGDB-¨¨¨¨AN + SGMG/SGMS SELECTION LIST

Description Part Number
Item 
Class
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a
MP930 Machine Controller
24 Volt DC, 1.0 Amp

JEPMC-MC350 Stock

b
RS-232 programming cable
MP930 to PC, cable for MotionWorks™, 2.5 meters

JEPMC-W5311-03 Stock

c
I/O350 Module for MP930
24 Volt DC, 0.5 Amp, 64in, 64out

JEPMC-IO350 Stock

d
Network cable 1
MP930 to I/O module, 0.3 meters

JEPMC-W6000-A3 Stock

e
I/O cable
I/O connector with 1 meter cable

JEPMC-W5410-10 Stock

f
Network cable 2
I/O module to drive network, 1 meter

JEPMC-W6010-01 Stock

.

MotionWorks™ Software
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g Sigma Servo Motor SGM¨ -¨¨A¨¨¨ Stock

h
Sigma amp with network interface connection
(500W, 1.0kW, 1.5kW, 2.0kW, 3.0kW, 5.0 kW, 6.0kW, 
7.5kW)

SGDB-¨¨AN Stock

i
Prewired 1CN, Servopack I/O with 1 meter pigtail
Network Sigma product, 1 per Servopack

DE9411355 Stock

j Motor Power Cable (no brake) Stock
j Motor Power Cable (with brake) Stock
k Motor Feedback Cable Stock

l
Network Servopack Mating Connector
MR Connector for Sigma, 1 per Servopack

DE9411357 Stock

m
Network Cable Wire
Wire to make network cables, 10 meters

DE9411358-1 Stock

n Analog Monitor Cable DE9404559 Stock
o Regenerative Unit JUSP-RA04 (-60AN) JUSP-RA05 (-75AN) Stock
p Absolute Encoder Backup Battery ER6VC3 (3.6V) Stock

Description Part Number
Item 
Class


